Tantalum Surface Mount Capacitors KHWE'

T520, T530, A700, A700 Plus,

aYAGEO company
A720 and A798 Polymer Series
Sample Kit Contents
KEMET Case Code/ Rated Rated DC DE ESR Quantity
Part Number Case Size Cap Voltage Leakage
pAmps +25°C % at +25°C mQ at 25°C
KEMET/EIA WF vbe Maximum/5 Minutes | 120 Hz Maximum | 100 kHz Maximum
T520D477M2R5ATE009 D/7343-31 470 2.5 118 10.0 9 10
T530X158M2R5ATE005 X/7343-43 1500 2.5 375 8.0 5 10
T530X477M010ATE020 X/7343-43 470 10 470 10.0 20 10
T530Y687MO004ATE005 Y/7343-40 680 4 272 8.0 5 10
T520A226M006ATE090 A/3216-18 22 6.3 14 8.0 90 10
T520B227M006ATE025 B/3528-21 220 6.3 138.6 8.0 25 10
A700V477M002ATE4RS V/7343-20 470 2 56 6.0 4.5 10
A700D107M0O06ATEO15 D/7343-31 100 6.3 25 6.0 15 10
A700X157M006ATEQN10 X/7343-43 150 6.3 38 6.0 10 10
A700V477M002PTE009 V/7343-20 470 2 56 6.0 9 10
T520D337MO006ATE009 D/7343-31 330 6.3 208 10.0 9 10
T520X337M010ATE010 X/7343-43 330 10 330 10.0 10 10
A720V477M002APE003 V/7343-20 470 2 56.4 6.0 3 10
A798D477M2R5ATE009 D/7343-31 470 2.5 118 6.0 9 10
pAmps +25°C % at +25°C 0 at 25°C
KEMET/EIA WF vbe Maximum/5 Minutes | 120 Hz Maximum | 100 kHz Maximum

Dimensions - Millimeters (Inches)
Metric will govern
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KEMET = EIA L W H \
+(0.004) £(0.012)| (Ref) £0.006  (Ref) (Ref) | (Ref) | (Ref) | (Min) | (Ref) | (Ref)
A 3216-18 3.240.2 1.610.2 1.610.2 1.2 0.8 0.4 0.10+0.10 0.4 0.4 0.13 0.8 1.1 1.3
(0.126£0.008) (0.063+0.008)((0.0630.008), (0.047) | (0.031) (0.016) | (0.004£0.004)| (0.016) | (0.016) | (0.005) | (0.31) | (0.043) | (0.051)
B 3528-21 3.54#0.2 2.840.2 1.9+0.1 2.2 0.8 0.4 0.10+0.10 0.5 1.0 0.13 1.1 1.8 2.2
(0.138£0.008) (0.11040.008)|(0.075£0.004), (0.087) | (0.031) (0.016) | (0.004£0.004)| (0.020) | (0.039) | (0.005) | (0.043) | (0.071) | (0.087)
D 7343-31 7.340.3 4.310.3 2.840.3 2.4 1.3 0.5 0.10+0.10 0.9 1.0 0.13 3.8 3.5 3.5
(0.28740.012)|(0.169£0.012) | (0.110£0.012)|  (0.094) | (0.051) (0.020) | (0.004£0.004)| (0.035) | (0.039) | (0.005) | (0.150) | (0.138) | (0.138)
7.340.3 4.310.3 2.0 2.4 1.3 0.05 0.13 3.8 3.5 3.5
B 0.287+0.012)((0.169+0.012 0.079 0.094 0.051 0.002 0.005 0.150 0.138 0.138
N i ) ) 0079 | (0.094) | (@osty | MA ©oo2) | MA T VAT 0005) | (0150) | (0138) | (0:138)
X 7343-43 7.340.3 4.310.3 4.040.3 2.4 1.3 0.5 0.10+0.10 1.7 1.0 0.13 3.8 3.5 3.5
(0.287+0.012)|(0.169+0.012)| (0.1570.012)| (0.094) | (0.051) (0.020) | (0.004£0.004)| (0.067) | (0.039) | (0.005) | (0.150) | (0.138) | (0.138)
7.340.3 4.310.3 4.0 2.4 1.3 0.5 0.10+0.10 1.7 1.0 0.13 3.8 3.5 3.5

Y 7343-40 (0.28740.012)|(0.169+0.012)|  (0.157) (0.094) | (0.051) (0.020) (0.004£0.004) | (0.067) | (0.039) | (0.005) | (0.150) | (0.138) | (0.138)

Notes: (Ref) - Dimensions provided for reference only. No dimensions provided for B, P or R because low profile cases do not have a bevel or a notch.
* MIL-PRF-55365/8 specified dimensions
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Tantalum Surface Mount Capacitors KHWE-

T520, T530, A700, A700 Plus, A720 and A798 Polymer Series aYAGEO company

Moisture Sensitivity Notice

These KEMET devices are Moisture Sensitivity Level 3 (MSL3) rated per J-STD-020D. Mass production quantities are
packaged in moisture resistant packaging and must be handled per J-STD-020D MSL3 requirements.
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